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Multi-function Compact Inverter, Single-phase 200 VAC, Applicable motor capacity (ND): 0.2 kW
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Inverter

Single-phase 200 VAC

0.2 kw

0.4 kw

200 V: 0.5 kVA<br=240V: 0.6 kVA

200 V: 0.6 kVA<br=240V: 0.7 kVA

Non-cover (IP20)

Phase-to-phase sinusoidal modulation PWM

0.01 to 590 Hz (Restrictions apply)

Digital command: £0.01% of the max. frequency, Analog command: £0.2% of the max. frequency
(25+10°C)

0.01 Hz(Digital setting)<br=One-thousandth of the maximum frequency(Analog setting)

Sensorless vector control, V/f control with speed feedback<br>V/f characteristics (constant/reduced
torque)

120%/60 sec(Light-load rating (LD))<br>150%/60 sec(Normal-load rating (ND))

0.00 to 3600 s (line/curve arbitrary setting), 2nd acceleration/deceleration setting provided

2 to 15 kHz (with Derating)

200%/0.5 Hz (under sensor-less vector control)

Overcurrent, Overvoltage, Undervoltage, Electronic thermal, Temperature error, Ground-fault current at
power-on, Inrush current protection circuit, Overload limit, Incoming overvoltage, External trip, Memory
error, CPU error, USP error, Communication error, Overvoltage suppression during deceleration, Power
interruption protection, Emergency shutoff, Analog current input, STO internal error, etc.
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7 point

2 point

-10to0 50 °C (Derating required)

-20to 65 °C (During shipment)

20 to 90% (with no condensation)

10t0 55 Hz 5.9 m/s” (0.6G)

68 mm

128 mm

112 mm

Approx. 1 kg(Main Unit)
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DC Reactor
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Connecting Cable for Digital Operator

3G3AX-OPCN3
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Braking Resistor

3G3AX-RBA1201
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Digital Operator

3G3AX-0P01
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Radio Noise Filter

3G3AX-ZCL2
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