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Knob-type Selector Switch (Cylindrical 16-dia.), Non-lighted, Rectangular, Black, 3 notches, Automatic reset, DPDT, Screw-less
Clamp, IP65 oil-resistant type
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Knob-type selector switch

Cylindrical type (16 mm dia.)

Non-lighted

3 notches

Rectangular

Black

Automatic reset on left and right

General load/Micro load

1mAat5VDC

DPDT

Resistive load: 5 A at 125 VAC/3 A at 250 VAC

Resistive load: 3 A at 30 VDC

Conditions: No vibration and no shock,
Temperature 2012 °C, Operating frequency 20
operations/min

Quick connector

Electrical: Max. 10 operations / 1 minute
Mechanical: Max. 20 operations / 1 minute

100 MQ min. (at 500 VDC)

Between each terminal of the same polarities:
1000 VAC 50/60 Hz 1 min

Between each terminal of the different polarities:
2000 VAC 50/60 Hz 1 min

Between each terminaland ground: 2000 VAC
50/60 Hz 1 min

Malfunction: 10 to 55 Hz, 1.5 mm double
amplitude (malfunction: 1 ms max.)

Destruction: 500 m/s” max.
Malfunction: 150 m/s? max. (malfunction time is 1
ms max.)

Operating: -10 to 55 °C (with no freezing or
condensation)

Storage: -25 to 65 °C (with no freezing or
condensation)

Operating: 35to 85 %
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IP65 oil-resistant type

Class I

175

3 (IECE0947-5-1)

Operating characteristics

0.1 N.m max.

45+10,-0°
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Mounting hole dimensions BEEH - 2005/03/17
Rectangular A165[ 1-J
(Top View)

Note: 1. Make sure the thickness of the mounting panel is 0.5 to 3.2 mm.
2. If the panel is to be finished with coating, etc., make sure that the panel meets the specified dimensions after coating.
3. Figures in parentheses are for screw-less clamp connectors.
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Applicable load diagram SRR : 2025/03/17
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