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Guard Lock Safety Key Selector Switch, Lock Position: Right side, INC/INO+1INC/INO, With key
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Guard Lock Safety Key Selector Switch

2 notches

Key type

Right side

Left side

Right side (Solenoid lock)

Mechanical release

INC/INO+INC/INO

Screw terminal

Electrical: 30 operations / 1 minute
Mechanical: 30 operations / 1 minute

100 MQ min. (at 500 VDC)

Between each terminal of the same polarities:
2500 VAC 50/60 Hz 1 min

Between each terminaland ground: 6000 VAC
50/60 Hz 1 min

Malfunction: 10 to 55 Hz, 1.5 mm double
amplitude (malfunction: 1 ms max.)

Destruction: 1000 m/s’
Malfunction: 300 m/s” (malfunction timeis 1 ms
max.)

Operating: -10 to 55 °C (with no freezing or
condensation)

Operating: 35t0 85 %

IP65

Class I

3 (EN60947-5-1)

Dimensions BEREET | 2024/07/25
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Mounting hole dimensions BEREH - 2004/07/25
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» Recommended panel thickness: 1 to 5 mm.
» A Lock Ring is provided as a standard feature.

* When painting or coating the panel, make sure that the specified panel
dimensions apply to the panel after painting or coating.
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