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Ratin gs BEREH : 2024/07/25

Subminiature Pushbutton Switch

Cylindrical type (10.5 mm dia.)

Non-lighted

Round type

Blue

Momentary

SPDT

Resistive load: 5 A at 125 VAC/3 A at 250 VAC

Conditions: Temperature 20£2 °C, Ambient
humidity 6535% RH, Operating frequency 20
operations/min

Solder terminal

NC: 20 A max.
NO: 10 A max.

Between each terminal of the same polarities:
1000 VAC 50/60 Hz 1 min

Between live-metallic part and ground: 1500 VAC
50/60 Hz 1 min

Between each terminal and non-live-metallic
part: 1500 VAC 50/60 Hz 1 min

Operating: -25 to 80 °C (with no freezing or
condensation)

Operating: 45 to 85 %

IPOO

Class I

175

3 (IEC947-5-1)

Operating characteristics

1.47 N min.

0.10 N min.

0.8 N.m max.
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Dimensions
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Mounting hole dimensions BEREH - 2004/07/25

Note: Use a mounting panel
thickness of 1 to 4 mm.

105203
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