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Lighted Pushbutton Switch (Square), Standard load, Square, Single screen, Orange, LED (24 VAC/VDC), Momentary, DPDT, Case
color: Black
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Lighted Pushbutton Switch

Large square body type

Lighted

Square

Orange

Momentary

For General load

LED

Orange

24 VAC/NDC

24 VAC/NDC£5%

Approx. 5 mA

DPDT

Resistive load: 5 A at 125 VAC/3 A at 250 VAC
Lamp load: 7 A at 125 VAC/0.5 A at 250 VAC
Inductive load: 3 A at 125 VAC/2 A at 250 VAC
Motor load: 1.3 A at 125 VAC/0.8 A at 250 VAC

Resistive load: 5A at 8 VDC/5 A at 14 VDC/4 A at 30
VDC/0.4 Aat 125VDC/0.2 A at 250 VDC

Lamp load: 2Aat8VDC/2 Aat 14VDC/2 Aat 30
VDC/0.05 A at 125VDC/0.03 A at 250 VDC
Inductive load: 4 Aat 8 VDC/4 A at 14 VDC/3 A at
30VDC/0.4 Aat 125VDC/0.2 A at 250 VDC

Motor load: 3A at 8 VDC/3 A at 14 VDC/3 A at 30
VDC/0.05A at 125VDC/0.03 A at 250 VDC

The values indicate the steady-state current.
Lamp load has an inrush current of 10 times the
steady-state current.

Inductive load has a power factor of 0.4 Min. (AC)
and a time constant of 7 ms Max. (DC).

Motor load has an inrush current of 6 times the
steady-state current.

Conditions: Temperature 202 °C, Ambient
humidity 65+5% RH, Operating frequency 20
operations/min

Quick connect terminal (#110) / Solder terminal

Electrical: Max. 30 operations / 1 minute
Mechanical: Max. 120 operations / 1 minute

NC: 10 A max.
NO: 10 A max.

03


https://www.fa.omron.co.jp/product/item/A3PA-90C11-24EO/en/

BHIRE > 21y F (ABIEE)

A3PA-90C11-24E0 https://www.fa.omron.co.jp/product/item/A3PA-90C11-24EO/en/

Operating characteristics

100 MQ min. (at 500 VDC)

Between each terminal of the same polarities:
1000 VAC 50/60 Hz 1 min

Between each terminal of the different polarities:
2000 VAC 50/60 Hz 1 min

Between live-metallic part and ground: 2000 VAC
50/60 Hz 1 min

Between each terminal and non-live-metallic
part: 2000 VAC 50/60 Hz 1 min

Between lamp terminals: 1000 VAC 50/60 Hz 1
min (with LED not mounted)

Malfunction: 10 to 55 Hz, 1.5 mm double
amplitude (malfunction: 1 ms max.)

Destruction: 500 m/s” max.
Malfunction: 200 m/s” max. (malfunction time is 1
ms max.)

Operating: -10 to 40 °C (with no freezing or
condensation)

Storage: -25 to 65 °C (with no freezing or
condensation)

Operating: 35to 85 %

IP40

Class I

175

3 (IEC60947-5-1)

Black

Approx.30 g

5.88 N max.

0.39 N min.

3 mm max.

Approx. 3.5 mm
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A3PA (Square) Models
Classification Mounting design Panel cutout
T
Individual 2520 23_5m[
mountin e
Flange g DE401 22 5:03
mount
models I
Multiple 25:1 | 4 l| 2 “ i 23 5203
mounting 1
D1 25n-2.5403
Individual 27 235:03]
mounting o]
Barrier 32 27.8:03
mount
models : —
M uitlpl_e 27 2 n 235403 t ¢
mounting S - OBn42 503

Note: 1. n: Number of Units
2. Recommended panel thickness: 1 to 5 mm
3. Mount the panel before mounting the Switch Guard.
4. If the panel is to be finished (e.g., coated), make sure that the panel meets the specified dimensions after the coating.
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Applicable load diagram
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