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CJ series Output Unit
CJIW-0D261

E ey

https://www.fa.omron.co.jp/product/item/CJ1W-0D261/en/

CJ series Output Unit, Transistor output, Sinking, 64 points (16 points/common, 4 circuit), 12 to 24 VDC, Fujitsu / OTAX
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