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Small Limit Switch, Cross roller plunger, 1 A at 30 VDC, With operation indicator
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General-purpose Limit switches

Cross roller plunger 12 dia. x 4.4
Stainless steel roller

1Aat30VDC

SPDT

General load

Resistive load: 1 Aat 30 VDC
Lamp load: 1 Aat30VDC
Inductive load: 1 A at 30 VDC
Motor load: 1 Aat 30 VDC

NC: 5 A max.
NO: 2.5 A max.

LED, Light when not operating
30VvDC
Leakage current: Approx. 1 mA

Operating: -10to 70 °C (with no icing)

35t095%

0.1 mm/sto0.5m/s

Electrical: 30 operations / 1 minute max.
Mechanical: 120 operations / 1 minute max.

100 mQ max.

100 MQ min. (at 500 VDC)

Between each terminal of the same polarities: 1,000 VAC 50/60 Hz 1 min
Between live-metallic part and ground: 1,500 VAC 50/60 Hz 1 min
Between each terminal and non-live-metallic part: 1,500 VAC 50/60 Hz 1 min

Electrical: 200,000 operations min. (1 A at 125 VAC)
Mechanical: 10 million operations min.

Malfunction: 10 to 55 Hz, 1.5 mm double amplitude

Destruction: 1,000 m/s” max.
Malfunction: 500 m/s” max.

P67

03


https://www.fa.omron.co.jp/product/item/D4CC-4003/en/

INED Iy b ZA Y F
D4CC-4003 https://www.fa.omron.co.jp/product/item/D4CC-4003/en/

Standard value 11.77 N max.

Standard value 4.41 N min.

Standard value 1.8 mm max.

Standard value 0.2 mm max.

Standard value 3 mm min.

Standard value 28.5£1 mm
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Dimensions

Mounting hole dimensions

Two, 5.2-dia. or
M5 screw holes
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Circuits configuration
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