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Oil-resistant Limit Switch, Plunger, 0.1 A at 30 VDC, Right-hand cable
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Enclosed Limit switches

Plunger 7.8 dia.
Stainless steel plunger

0.1Aat30VDC

SPDT

Micro load

Resistive load: 0.1 Aat 8 VDC/0.1 A at 14 VDC/0.1 A at 30 VDC

Fluoro-insulated oil-resistance cable, 3 cores, 2 m
Diameter: 4 dia.

Location of lead output: Right-hand

Conductor cross section: 0.2 mm? (AWG25)
Insulator diameter: 1.2 dia.

Operating: 5to 70 °C (with no freezing or condensation)
Storage: 5to 70 °C (with no freezing or condensation)

3510 95 % (with no condensation)

0.1 mm/sto0.5m/s

Electrical: 30 operations / 1 minute max.
Mechanical: 120 operations / 1 minute max.

50 mQ max. (initial value for the built-in switch whentested alone)

100 MQ min. (at 500 VDC)

Between each terminal of the same polarities: 1,000 VAC 50/60 Hz 1 min
Between each terminal and non-live-metallic part: 1,500 VAC 50/60 Hz 1 min

Between each terminal and non-live-metallic part: 2.5 kv

Mechanical: 4,000,000 operations min.

Malfunction: 10 to 55 Hz, 1.5 mm double amplitude

Destruction; 1,000 m/s> max.
Malfunction: 300 m/s” max.

Class Il (Grounding not required with double) insulation

Standard value 11.77 N max.
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Standard value 4.9 N min.

Standard value 1.5 mm max.

Reference value 0.1 mm

Standard value 3 mm min.

Standard value 25.4£0.8 mm
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stainless

steel plunger

M1dx1

Dimensions
5 (46) = 7.8 dia.
PT 3.5 33:0.45 6.5
4.2*3% dia. 10 .
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4-dia. fluoro-insulated round cable with 3 conductors
{conductor cross section: 0.2 mm? (AWG25), insulator diameter: 1.2 mm),

standard length: 2 m
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Circuits configuration SHEH © 2024/08/08

Black |f Brown
(COM) 1 2 (NC)
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