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Sealed type Cable with connector on one end (socket), M12 Smartclick Micro Connectors, 2 m
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Ratings/Performance B © 2005/09/30

DRT2

Thin line

125VDC

3A

M12 Smartclick Micro Connectors

1000 MQ min. (at 500 VDC)

1500 VAC 1 min, Leakage current 1 mA max.

-20to 65°C

25t070°C

2m

IP67
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