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Small-diameter Proximity Sensor, Cylinder type, Outer diameter 4 mm, Shielded, Sensing distance: 1.2 mm, DC 3-wire, NPN
open-collector output, NC, PVC Pre-wired models, Robot (bending-resistant) PVC cable, 2 m
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