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Fiber Sensor, Reflective, M4 Threaded models (with Sleeve), Top view, Cable length: 2 m, R10
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Fiber Unit

Reflective

Top view

R10

10 mm

Yes

E3X-HD: 5 um dia.
E3NX-FA: 2 um dia.

GIGA: 250 mm max.
HS: 72 mm max.
ST: 110 mm max.
SHS: 30 mm max.

GIGA: 370 mm max.
HS: 100 mm max.
ST: 160 mm max.
SHS: 30 mm max.

Brass nickel plating

Stainless steel

-40to70°C

P67

2m

Package: Approx. 50 g

Thin Fiber Attachment (E39-F9)
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