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Photoelectric Sensor with Separate Digital Amplifier (Laser-type)
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E ey

https://www.fa.omron.co.jp/product/item/E3C-LR15N_2M/en/

Photoelectric Sensor with Separate Digital Amplifier (Laser-type), Sensor Head, Coaxial Retro-reflective with MSR function, Spot
(0.8 mm dia. max), Sensing distance: 7 m (Giga Mode), Laser class 1, FDA Class 2, Connector, Cable length: 2 m
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Reflector Reflector Reflector
E39-R12 E39-R13 E39-R14

Reflector Reflector Photoelectric Sensor with Separate
F39-RS4 F39-RS5 Digital Amplifier (Laser-type)
E3C-LDA2IN 2M

Photoelectric Sensor with Separate Photoelectric Sensor with Separate

Digital Amplifier (Laser-type) Digital Amplifier (Laser-type)

E3C-LDA5SIN 2M E3C-LDAGN
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