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Smart Laser Sensor, Compact Laser Sensor, Sensor Head, Limited Reflective, Sensing distance: 7015 mm, Cable length 5 m
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Square type
Sensor Head

Limited Reflective

55t085mm
Note: White paper

0.1 mm dia. (Distance: 70 mm)

109% max. of setting distance

Red semiconductor laser diode (660 nm)

IEC: Class 1
EN: Class 1
FDA: Class 1
JIS: Class 1

Incandescent lamp: 10000 lux max., Sunlight: 20000 lux max.

-10to 55 °C (with no freezing or condensation)

-25t0 70 °C (with no freezing or condensation)

35 to 85 % (with no condensation)

35 to 85 % (with no condensation)

20 MQ min. (500 VDC megger)

1000 VAC 50/60 Hz 1 min

Destruction: 10 to 55 Hz, 1.5 mm or 100 m/s” double amplitude for 2 hours
eachin X, Y, and Z directions

Destruction: 500 m/s” 3 times each in X, Y and Z directions

IEC: IP65

Pre-wired connector models (Cable length 5 m)

OUT indicator (orange), STABILITY indicator (green)

Package: Approx. 175 g
Main Unit: Approx. 125 g

Instruction manual

Case: Polybutylene terephthalate (PBT)
Lens: Methacrylate resin (PMMA)
Cable: Polyvinyl chloride (PVC)

E3NC-LAO, E3NC-LA21 2M, E3NC-LA24, E3NC-LA51 2M, E3NC-LAS4, E3NC-LAT,
E3NC-LA9
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Dimensions
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Vinyl-insulated Robot cable
Two, 2.3-dia., 6 conductors

(Conductor cross-section: 0.08 mm?, Insulation diameter: 0.38 mm)

Standard cable length: 2 m, Minimum bending radius: 12 mm

STABILITY
indicator
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Connector
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* A blue 1D tube is attached.
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Setting distance

Beam Diameter vs. distance
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