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Ultracompact Photoelectric Sensor with Built-in Amplifier

E3T-SL21IR2M
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Ultracompact Photoelectric Sensor with Built-in Amplifier, Limited Reflective, Sensing distance: 5to 30 mm, NPN output, Light-
ON, Red light, M2 mounting, Robot cable (Bend-resistant), 2 m
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Ultracompact Photoelectric Sensor with Built-in Amplifier
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Mounting Bracket Mounting Bracket Mounting Bracket
E39-L116 E39-L117 E39-1118
Hi ke B s S Imzge

E3T M2 SUS304 Screw Set for Side-
view Sensors
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