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Compact Photoelectric Sensor with Stainless Steel Housing, Through-beam type, Sensing distance: 0.8 m (apertures built in),
PNP output, Pre-wired model, 5 m
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Ratings/Performance B © 2005/11/10

Square type

Through-beam type

0.8m

Opaque, 2 mm dia. min.

Emitter: 3to 15°
Receiver:3to 15°

Infrared LED (870 nm)

10to 30 VDC ripple (p-p) 10% included

Emitter: 20 mA max.
Receiver: 20 mA max.

PNP open collector
30VDC max.

100 mA max.

Residual voltage: 2 V max.

Light-ON/Dark-ON selectable

Output short-circuit protection, Output reverse polarity protection, Power
supply reverse polarity protection

Operate or reset: 1 ms max.

Single-turn adjustment

Incandescent lamp: 3,000 [x max.
Sunlight: 10,000 [x max.

-25t0 55 °C (with no freezing or condensation)

-40to 70 °C (with no freezing or condensation)

3510 85 % (with no condensation)

35 t0 95 % (with no condensation)

20 MQ min. (500 VDC megger)

1000 VAC 50/60 Hz 1 min

Destruction: 10 to 55 Hz, 1.5 mm double amplitude each in X, Y, and Z
directions for2 h

Destruction: 500 m/s” 3 times each in X, Y and Z directions

IEC: IP6T
IP69K (DIN40050-9)
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Pre-wired models (Cable length 5 m)

Operation indicator (yellow), Stability indicator (green), Power indicator
(green)

Instruction manual

Case: SUS316L

Lens: Methacrylate resin
Display: PEI (Polyetherimide)
Mode selector switch: PEEK
Adjustment: PEEK

Seals: Fluorocarbon rubber
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Dimensions EERET 1 2025/11/10

Emitter

=
Power indicator (green) ’

o
4]
A

Emitter
6.4 dia.

4 dia. vinyl-insulated round cable with 2 or 3 conductors (Conductor
cross section: 0.2 mm® (AWG24), Insulator diameter: 1.1 mm),
Standard lengths: 2 m

. 4.5
Receiver
)
Operation Indicator (yellow) Operation selector
Stability indicator (green) Sensitivity adjuster
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m Two, M3

4 dia. vinyl-insulated round cable with 3 conductors (Conductor

cross section:0.2 mm? (AWG24), Insulator diameter:1.1 mm),
Standard length: 2 m
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Output circuit diagram R  2025/11/10
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Timing chart
Operation Mode
mode Timing chart switch
incident llight
Mo incident light —-—
Operation indicator on L side
Yl o, OFF |
Light ON
ight Outout (LIGHT ON)
transistor -_
Load Operate
(Relay) - -
{Between bluelE)} and black{4))
Incident light -
Ho Incident Nght
Operation indlcator ON
(yellow) OFF ———"] D side
Dark ON Output (DARK ON)
transistor wh__
Load
i “H__m
{Ehtwﬂn blued ) and black(d5}
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Parallel operating range R  2025/11/10
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Setting distance BEEH : 2005/11/10

Excess gain ratio vs. setting distance
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