OMRON

Oil-resistant Photoelectric Sensor

E3ZR-CT61L SM




Oil-resistant Photoelectric Sensor
E3ZR-CT61L 5M https://www.fa.omron.co.jp/product/item/E3ZR-CT61L_5M/en/
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Oil-resistant Photoelectric Sensor, Through-beam type, Sensing distance: 30 m, NPN output, Light-ON, Pre-wired model, 5 m
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