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Crimping terminals Temperature Sensor, Thermocouple K (CA), Exposed-lead model (Ferrule), Temperature range: 0 to 300 °C,
Lead wire:2 m
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Ratings / Performance BEEH - 2005/09/09
Ratings / Performance
Temperature range 0to 300 °C
Lead wire specifications Insulation Glass wool braided with external shield
Length 2m
Temperature range 0to 150 °C
Construction Terminal type Exposed-lead model (Ferrule)
Accessories/Sold separate Sold separate Compensating conductors: WCAG-N
Dimensions 55 1 2025/09/09
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