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Sheathed Temperature Sensor, Thermocouple K (CA), Enclosed-terminal Model, Permissible Temperature in Dry Air: 900 °C,
Protective tubing (ASTM316L): 8 dia. x 350 mm
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Permissible temperature in dry air

0to0 900 °C

Construction

Protective tubing material

ASTM316L

Terminal type

Enclosed-terminal model

Accessories/Sold separate

Sold separate

Loose flange: MF-1D =8

Dimensions

Dimensions

E52-CALB-N
E52-ICLIB-N

Dimensions

Dimensions are given in millimeters, except for the length (L), which
is provided in centimeters.

210 dia.
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22 dia.

MNote: The length L is in centimeters, but “407 is 40 millimeters.
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Product label

Socket (SUS304)

Swage

Sheath (ASTM316L)
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L

L-40+3%
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Therefare, for the E5S2-CA50B-N: L = 50 (cm), the sheath length L — 40 = 500 — 40 = 460 mm.
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