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Low-cost Temperature Sensor, Thermocouple K (CA), Exposed-lead model with Screw (peel treatment lead wire), Temperature
range: 0 to 350 °C, Protective tubing (SUS304): 4 dia. x 65 mm, Lead wire: 2 m
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Temperature range

0to 350 °C

Lead wire specifications Insulation Fluororesin covered
Length 2m
Temperature range 0to 150 °C
Construction Protective tubing material SUS304

Terminal type

Exposed-lead model (peel treatment lead wire)

Accessories/Sold separate

Sold separate

Compensating conductors: WCAG-N

Dimensions

Dimensions

BT - 2025/09/09

E52-CA6D-N, E52-IC6D-N

Dimensions

Siliconized shrinkable tube

Shrinkable tube (CABlue, 1C:Yellow)
Product label  Peel treatment

Taper screw for tube RYe (SUS304)

Full-circled welding %
Protective tubing (SUS304)

\\ Lead wire| ——" ica s =4 g
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Lead wire length (M): 1,2, ord m

Note: 1. The thermocouple is a single wire from the tip to the terminal.

2. The protective tubing is of pipe construction, which must not be bent.

Do not use in locations subject to excessive vibration and shock. Doing so may
cause disconnection.
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