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Waterproof Temperature Sensor, Platinum resistance thermometer Pt100, FEP-molded model (Completely Waterproof),
Exposed-lead model (Crimping terminal Y type for M3.5), Temperature range: -50 to +180 °C, Lead wire: 6 m
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Temperature range

-50t0 180 °C

Lead wire specifications Insulation Fluororesin (FEP) cover (with outer cover)
Length 6m
Temperature range -50t0 180 °C

Construction Protective tubing material

Fluororesin (FEP) tube (element: fluororesin mold
(FEP))

Terminal type

Exposed-lead Models (Y-type crimp terminal for
M3.5)

Dimensions

Dimensions
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