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Thermistors Temperature Sensor, Element interchangeable, Exposed-lead model (peel treatment lead wire), Temperature
range: 50 to 150 °C, Lead wires: I m
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Ratings / Performance SHEH | 2025/09/09
Ratings / Performance
Temperature range 50to 150 °C
Lead wire specifications Insulation Fluororesin-insulated stranded wires
Length Im
Temperature range 180 °C max.
Color code Red
Construction Protective tubing material SUS304
Terminal type Exposed-lead model (Lead wire (peel treatment))
Dimensions 1B 1 2025/09/09
Dimensions

E52-THESA

Dimensions
Protective tubing Transparent
(SUS304) Protective tube _ Peel treatment
Swage Lead wire ~ Marking tube
4+Dﬂﬂfﬂa
_1_ s "-':::——-—__,,______
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i‘l*l* (15), % (50) J[.(10)
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Note: The lead wires have no polarity
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