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Temperature Controller, Relay output, Proportional action, Thermocouple K, Standard scale 0 to 300
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DIN48 x 48

Fixed

100 to 240 VAC (50/60 Hz)

90 to 110% of the power supply voltage

Approx. 3.6 VA

1 point

Thermocouple: K
0to300°C

Proportional action

1 point

Relay output

None

1 point
SPDT, 250 VAC, 3 A (resistive load)

Analog setting

No indication

0.5% FS max. (fixed)

3% FS (fixed)

20 MQ min. (500 VDC megger)

2,000 VAC 50/60 Hz 1 min (Between charged
terminals and uncharged metallic parts)

Destruction: 16.7 Hz, 2 mm single amplitude for 2
heachinX,Y, and Z directions

Malfunction: 10 to 55 Hz, 0.15 mm single
amplitude for 10 min each in X, Y, and Z directions

Destruction: 294 m/s’, 3 times each in 6 directions
Malfunction: 147 m/s’, 3 times each in 6
directions

-10to 55 °C (with no freezing or condensation)

451085 %

Front panel: IP40, Terminal section: IPO0

Plug-in
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Adapter for Flush Mounting

Approx. 100 g (Flush-mounting Adapter)

Front-connecting Socket (8 Pins): P2CF-08
Front-connecting Socket with Finger Protection (8
Pins): P2CF-08-E

Back Connecting Socket (8 Pins): P3G-08

Hard Front Cover: Y92A-48B

Protective Cover for finger protection: Y92A-48G

Accuracy

+2% FS max.

Thermocouple: £4% FS max.
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Terminal Arrangement
(Bottom View)
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