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loT Pressure Sensor, for Japan, Rated pressure range: -0.1 to +1 MPa, PNP/NPN Output Selectable, I0-LinkAnalog, COM3
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Non-corrosive gas<br=Non-corrosive liquid

-0.1-1 MPa

[0-Link<br=NPN<br>PNP

TRUE

TRUE

COM3 (230.4 kbps)
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Adapter Adapter Adapter
E8PC-YA-Al4 E8PC-YA-A18 E8PC-YA-A38

Throttle

E8PC-YS
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