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EJIN-TC

2 auxiliary outputs (Transistor)

24VDC

RS-485

20 MQ min. (at 500 VDC)

Between current-carrying terminals: 600 VAC
50/60 Hz 1 min

-10t0 55°C
For 3-year warranty:-10 to 50 °C

25t065°C

25t085%

Malfunction: 10 to 55 Hz, 20 m/s” for 2 h each in X,
Y, and Z directions

15.7mm

95.4 mm

76.2 mm

Approx. 70 g

Screw terminal (M3)
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