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Picking Sensor, Throughbeam, Sensing distance: 3 m, NPN output, Pre-wired connector, 2 m
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Mounting Bracket Mounting Bracket Protective Bracket
F39-L10 F39-L11 F39-L12
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Round Water-resistant Connectors Y-shaped Joint Plugs and Sockets
(M12 Threads)
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