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Solid State Contactors for Heaters, Three-phase, Applicable load 15 A at 200 to 480 VAC, With zero cross function, Number of
elements: 2, With Externally Attached Heat Sinks
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Ratings / Performance B © 2004/07/25
Ratings

For 3-phase Heater

Three-phase

Phototriac

Equipped

Equipped (Yellow)

Screw terminal

Models with Externally Attached Heat Sinks,
Screw mounting

12to 24 VDC

9.6t030VDC

10 mA max. (at 24 VDC)

9.6 Vmax.DC

1V min.DC

200 to 480 VAC

180 to 528 VAC

05A

15 A (at 40 °C)

220 A (60 Hz 1 cycle)

260 A%s

Performance

1/2 cycle of load power source + 1 ms max.

1/2 cycle of load power source +1 ms max.

1.8V max. (RMS)

20 mA max. (at 480 VAC (The leakage current of phase S will be approximately
J 3times larger))

100 MQ min. (at 500 VDC)
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2500 VAC 50/60 Hz 1 min

10to 55 to 10 Hz, 0.375 mm single amplitude (0.75 mm double amplitude)

294 m/s’

-30to 80 °C (with no freezing or condensation)

-30t0 100 °C (with no freezing or condensation)

45t085%

Approx.300 g
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Outline drawing

Four, 4.5 dia 13 Four, 8 dia.
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Lo B

C & dia.

B rma:
Mote: With terminal cover.

{G3PE-HEBIHI25B-TTH)
Mote: Without terminal cover

Six, M5

{G3PETSBIHATI45BTH)

Mounting holes

Mounting Holes
Four, 4.5 dia. or M4

-—— A0 ——-

Jr
35
16,4 23.2 MAL
I | t

I

05


https://www.fa.omron.co.jp/product/item/G3PE-515B-2H_DC12-24/en/

E—2BYVUYRXT—F-AYRIHR

G3PE-515B-2H DC12-24 https://www.fa.omron.co.jp/product/item/G3PE-5158-2H_DC12-24/en/

Connection C| 1a gra BT 1 2024/07/25

Terminal arrangement and internal connection
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Characteristic chart

Input Voltage vs. Input Impedance and Input Voltage vs. Input Current
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Keep the inrush current to below the inrush current resistance
value (i.e., below the broken line) if it occurs repetitively.

G3PE-225B-3(N)(H). G3PE-525B-3(N)(H)
G3PE-225B-2(N)(H), G3PE-525B-2(N)(H)
G3PE-515B-3(N)(H).
G3PE-515B-2(N){H).

Inneh current (4. Peak)
e
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Energized tima (ms)
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