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Slim Solid Relay + Integrated Low Profile Socket, Push-In Plus Terminal, DC Output (MOS FET), 48 VAC/VDC
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Ratings

Relay compatible Solid State Relay

Photo volt coupler

Equipped

Push-In Plus Terminal Block

DIN track mounting

48 VAC
48 VDC

AC (50 Hz): 6.8 mA
AC (60 Hz): 6.9 mA
DC: 6.0 mA

43.2V max.

1V min.

51024 VDC

31t026.4VDC

100 uAto 3 A

30A (10 ms)

9 A%

72 W (Output voltage: 24 VDC)

Performance

6 ms max.

21 ms max.(1 cycle of input power supply frequency+1 ms)

10 pA max. (at 24 VDC)

100 MQ min. (at 500 VDC)

Between input and output: 2500 VAC 50/60 Hz 1 min

10to 55 to 10 Hz, 0.70 mm double amplitude

300 m/s?

-30t0 55 °C (with no freezing or condensation)
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-30to 100 °C (with no freezing or condensation)

45t085%

Approx.30 g
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Connection diagra R  2025/06/17

Terminal arrangement and internal connection

G3RV-5T 24 VACNDC
GIRV-5T 48 VACNDC
GARV-5T 100 WAC
GARV-5T 110 WAC
GARV-5T 200 WAC
GARV-5T 230 WAC
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Characteristic chart

Load current-ambient temperature
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Load current vs. ambient rated temperature
G3RV-ST700/500-D(-H) series

Product mounting spacing 10 mm

(Separate Mounting)
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Load curmert (A
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Inrush current resistivity (Non-repetitive)

Close mounting (up to 8 units *)
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Ambient temperature (°C)

# When eight or more are installed, install with 10 mm space between each.
For details, please refer to Mounting on page 28.

Inrush Current Resistance: Non-repetitive
Keep the inrush current to below the inrush current resistance value (i.e., below the broken line) if it occurs repetitively.

G3RV-ST700/500-D(-H) series
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