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Ratings/Specifications BB : 2004/12/23

24 VAC 50/60 Hz
24VDC Ripple 20% max. (If power supply incorporates a single-phase full-
wave rectifier)

85 to 110% of the power supply voltage

Reset

No-voltage input

Short-circuit (ON) impedance: 1 kQ max.
Short-circuit (ON) residual voltage: 1V max.
Open circuit impedance: 500 kQ min.

Approx. 0.17 VA (at 24 VAC)
Approx. 0.15 W (at 24 VAC)/Approx. 1 W (at 24 VDC)

30% max. of rated supply voltage

Power OFF-delay

Time-limit: SPDT

Minimum applicable load: 100 mA at 5 VDC (failure level: P Reference value)

Instantaneous operation/Time-limit reset/Forced reset

Operating: -10 to 55 °C (with no icing)
Storage: -25 to 65 °C (with no icing)

Operating: 35to 85 %

+0.2% FS max.

5% FS =50 ms max.

+0.2% FS max.

1% FS max.

100 MQ min. (at 500 VDC)

Between current carrying metal parts and non-current carrying metal parts:
2,000 VAC 50/60 Hz 1 min

Between control output terminals and operating circuit: 2,000 VAC 50/60 Hz 1
min

Between contacts of different polarity: 2,000 VAC 50/60 Hz 1 min

Between non-continuous contacts: 1,000 VAC 50/60 Hz 1 min

Between power terminals: 1 kV
Between current carrying terminals and exposed non-current carrying metal
parts: 1.5 kV

+1.5kV (between power terminals) and £600 V (between input terminals),
square-wave noise by noise simulator (pulse width: 100 ns/1 ps, 1-ns rise)
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Mulfunction: 8 kV, Destruction: 15 kV

Destruction: 10 to 55 Hz, 0.75 mm single amplitude each in 3 directions for 2
h

Malfunction: 10 to 55 Hz, 0.5 mm single amplitude each in 3 directions for 10
min

Destruction: 980 m/s”, 3 times each in 6 directions
Malfunction: 98 m/s?, 3 times each in 6 directions

Electrical: 100,000 operations min. (5 A at 250 VAC, resistive load at 1200
operations/h)
Mechanical: 10 million operations min. (under no load at 1,200 operations/h)

IP40 (panel surface)

8-pin round socket

Approx. 120 g

P2CF-08/ P2CF-08-E/ PFO85A/ P3G-08/ PLO8/ PLO8-Q/ PLE0S-0
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Termi nal arra ngement BT 1 2024/12/23

Terminal arrangement

With Reset Input (H3CR-H8RL)

L Power supply J

Note1: Leave terminal 3 open. Do not use
them as relay terminals.

Note2: Do not apply voltage to reset input
terminal.
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Time ranges
Time unit S-series M-series
s (sec) min
Setting 0.6 0.05t0 0.6
1.2 0D1to 1.2
5] 05to6
12 1to 12
Min. power ON time 0.1 s min. 2 s min.

Note: |f the above minimum power ON time is not secured, the H3CR may not operate. Be sure to secure the above minimum power ON time.
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Operating chart

Operating chart

t  Settime

Rt: Minimum power ON time (S-series: 0.1 s min_; M-series: 2 5 min_)

https:

a.o

mron.co.jp/product/item/H3CR-H8RL_AC_DC24_M/

N/

TBHEERT 1 2024/12/23

If the power ON time is less than this value, the Timer may nof operate (i.e., output may not turn ON).

Model

Timing chart

H3CR-HBRL

0.05 s mnin.

Power o

(See note) OFF

Reset input O [Shori-circuited)
OFF (Open)

Cutput (8 - 6) —

Qutput (8 - 5)

Output Lit

indicator Mot lit

MNote: If the power is turned ON unfil the set time is up, the timer will be refriggered.
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Electrical life curve
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Electrical life curve
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Reference: A maximum current of 0.15 A can be switched at 125 VDC ( =1) and
a maximum current of 0.1A can be switched at 125V DC and = ms.

In both cases, a life of 100,000 operations can be expected.

The minimum applicable load is 10 mA at 5 VDC for HICR-H8L/-HRL and 100 mA at 5
VDC for H3CR-HBRL (failure level: P).
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