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Solid-state Timer, Power ON-delay, Output: DPDT, PCB terminal, Beige, 24 VDC, Rated time: 5 s
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Ratings/Specifications BHER | 2025/0/04

24 VDC If power supply incorporates a single-phase full-wave rectifier.

85 to 110% of the power supply voltage

Approx. 0.9 W (at 24 VDC)

10% min, of rated supply voltage

Power ON-delay

Time-limit: DPDT

Resistive load: 250 VAC 5 A (cosd=1)
Minimum applicable load: 1 mA at 5VDC (failure level: P)

Time-limit operation/Self-reset

Operating: -10 to 50 °C (with no icing)
Storage: -25 to 65 °C (with no icing)

Operating: 35to 85 %

+1% FS max.

110% FS 50 ms max.

0.1 s max. (including halfway reset)

+2% FS max.

+2% FS max.

100 MQ min. (at 500 VDC)

Between current carrying terminals and exposed non-current carrying metal
parts: 2000 VAC 50/60 Hz 1 min (Terminal screw sections are not excluded)
Between operating power circuit and control output: 2,000 VAC 50/60 Hz 1
min

Between contacts of different polarity: 2,000 VAC 50/60 Hz 1 min

Between non-continuous contacts: 1,000 VAC 50/60 Hz 1 min

Between power terminals: 1 kV
Between current carrying terminals and exposed non-current carrying metal
parts: 1.5 kv

+1.5kV square-wave noise by noise simulator (pulse width: 100 ns/1 ps, 1-ns
rise)

Mulfunction: 4 kV, Destruction: 8 kV

Destruction: 10 to 55 Hz, 0.75 mm single amplitude each in 3 directions for 1
hour

Malfunction: 10 to 55 Hz, 0.5 mm single amplitude each in 3 directions for 10
min
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Destruction: 1,000 m/s?, 3 times each in 6 directions
Malfunction: 100 m/s”, 3 times each in 6 directions

Electrical: 500,000 operations min. (5 A at 250 VAC, resistive load at 1,800
operations/h, Room temperature)
Mechanical: 10 million operations min. (under no load at 1,800 operations/h)

IP40

PCB terminal

Beige

Approx.50 g
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Outline drawing
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Internal connection
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Internal connection
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Time ranges
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Time ranges
Rated time 1s 5s 10s s 60s 3 min 30 min
Time setting 0.1to1s 02tobs 05to10s 1.0t030s 20to60s 0.1 to 3 min 1.0 to 30 min

range
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Operating chart

Operating chart

H3Y-2, H3Y-2-0

Power (13-14)
Time limit contact

NC(9-1, 12-4) .

Time limit contact
NO (9-5, 12-8)

Power indicator (PW)

Time-up indicator (LP)
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Electrical life curve WESRE  2025/09/04

Electrical life curve

aé“ ;ECI WAC, cosg = 1 :-'é" 250 VAC, cos = 0.4
= 4 VDC, cosd = 1 - 24\DC, UR=T7ms
‘?E._ - | e —r e =1 ‘.5‘_ il N - ]
w 5000f— —] D 5000
;: =
8 2
@ H B
- 2
S 1000 5 1000
= , ] =2
£ — = soof
= 500 1 — -
5 — s
200 S ——
m m:;— m = | !
| 1
1] 2 4 B 0 1 2 3
Load current (A) Load current (A)

Reference: A maximum current of 0.6 A can be switched at 125 YDC (cosd =1).
Maximum current of 0.2 A can be switched if L/R is 7 ms. In both

cases, a life ¢f 100,000 operations can be expected.The minimum
applicable load is 1 mA at 5 VDC (P reference value).
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