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Ratings/Specifications BHER | 2025/0/04

Tachometer

1 kHz/10 kHz (selectable)

0.5ms (1 kHz)
0.05 ms (10 kHz)

1000.0 s} (rps) (When encoder resolution of 10
pulse/revis used.)

1000 min™(rpm) (When encoder resolution of 600
pulse/revis used.)

10000 min™(rpm) (When encoder resolution of 60
pulse/revis used.)

Countinput

Voltage input

Hight level: 4.5to 30 VDC
Low level: 0to 2 VDC (Input resistance Approx. 4.7
kQ)

Backlit transmissive LCD

5digit

8.6 mm (Black)

Equipped

None

-10to 55 °C (with no freezing or condensation)

-25t0 65 °C (with no freezing or condensation)

25t085%

Between current carrying terminals and exposed
non-current carrying metal parts: 100 MQ min. (at
500VDC)

Between backlight power terminals and count
input: 100 MQ min. (at 500 VDC)

Between current carrying terminals and exposed
non-current carrying metal parts: 1000 VAC 50/60
Hz 1 min

Between backlight power terminals and count
input: 1000 VAC 50/60 Hz 1 min

Between current carrying terminals and exposed
non-current carrying metal parts: 4.5 kV

Between count input terminals: 2600 V
Between backlight power terminals: 480 V
square-wave noise by noise simulator (pulse
width: 100 ns/1 us, 1-ns rise)
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+8kV (malfunction)

Destruction: 10 to 55 Hz, 0.375 mm single
amplitude each in 3 directions for 2 h
Malfunction: 10 to 55 Hz, 0.15 mm single
amplitude each in 3 directions for 10 min

Destruction: 300 m/s, 3 times each in 6 directions
Malfunction: 200 m/s?, 3 times each in 6
directions

Case front: IP66, NEMA 4 (indoors), and UL Type
4X (indoors)

Screw terminal

Black (Munsell N1.5)

Approx. 65 g
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B Terminal Arrangement

Bottom view: View of the Tachometer rotated horizontally 180°

Backlight Model
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Input connection diagram HRE : 2025/09/04

Voltage input:

B Connections
H7ER Tachometer

Note: Select input transistors according to the following:
Dielectric strength of the collector = 50 V
Leakage current < 100 pA (1 pA for no-voltage input model)

PNP/NPN Universal DC Voltage Input Models With Backlight
Transistor Input

Open collector of 5, Open collector of
an NPN transistor an PNP transistor

| i T R R i | TR P

: | by i Backlight
| 24 VDC
A | Input i®
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