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1.6~2.5A

AC200-240: 0.4kwW
AC380-440: 0.75kW

AC200-240: 2.3A
AC380-440: 1.8A

AC240: 100kA
AC415: 100kA
AC440: 100kA
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200~690V

AC690V
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6.5W

240V/200V: 100kA
415V/400V: 100kA
460V/440V: 100kA
500V: 100kA
690V/600V: 8kA

480V: 50kA

240V/200V: 100kA
415V/400V: 100kA
460V/440V: 100kA
500V: 100kA
690V/600V: 6KA

480V: 50kA
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