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Indicator

Cylindrical type (22/25 mm dia.)

Square projected type

Yellow

LED (with built-in reduced-voltage lighting
function)

Yellow

110VAC

100 VAC (95 to 115 VAC)

8 mA

Screw terminal (M3.5)

Operating:-20to 55 °C
Storage: -40to 70 °C

Operating: 35t0 85 %

IP65

Class I

175

3 (IECE0947-5-1)

Dimensions BT 2024/07/25
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Mounting hole dimensions
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Mot Using a Lock Ring  Using a Lock Hing
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