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Indicator (22-dia.), Plastic projected, Button color: Green, IP66, Push-in plus terminal block, LED lamp color: Green, LED Lamp
voltage: 100/110/120 VAC/VDC
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Indicator

Cylindrical type (22/25 mm dia.)

Plastic projected

Green

Transparent

LED lamp

Green

100 VAC, 110 VAC, 120 VAC

100 VAC£10%
110 VACE10%
100 to 130 VAC

5mA

Push-In Plus Terminal Block

Between each terminaland ground: 2500 VAC
50/60 Hz 1 min
(Initial value)

Malfunction: 10 to 55 Hz, 1.5 mm double
amplitude

Malfunction: 1,000 m/s” max.

Operating: -25 to 55 °C (with no freezing or
condensation)

Storage: -40 to 80 °C (with no freezing or
condensation)

Operating: 35t0 85 %

Class I

175

3 (EN60947-5-1)

Approx.30 g

Dimensions BEREE © 2024/07/25
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Mounting hole dimensions
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Panel Hole Dimensions for 22.3 Diameter

30 mim min.
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Panel Hole Dimensions for 25.5 Diameter

25 51" dia.

+ Acceptable panel thickness is between 0.8 and 6 mm.

« If outer surface treatment such as coating is performed for the
panel, the panel dimensions after outer surface treatment must
meet the specified panel dimensions.
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EU RoHS
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