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Indicator (Rectangular), Round display, Single screen, Orange, LED lamp (24 VDC), Case color: Light gray
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Indicator

Large square body type

Round type

Single screen

Orange

LED lamp

Orange

24 VDC

24VDC+5%

Approx. 12.5 mA

Quick connect terminal (#110) / Solder terminal

Malfunction: 10 to 55 Hz, 1.5 mm double
amplitude (malfunction: 1 ms max.)

Destruction: 500 m/s’
Malfunction: 200 m/s” max. (malfunction time is 1
ms max.)

Operating: -10 to 40 °C (with no freezing or
condensation)

Storage: -25 to 65 °C (with no freezing or
condensation)

Operating: 35t0 85 %

1P40

Class I

175

3 (IECE0947-5-1)

Light gray

Dimensions BB | 2024/07/25
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Mounting hole dimensions RES  204/07/25
4 dia.
Ri1.8°52
— |
20:0.3dia.

MNote: 1. Recommended panel thickness: 1 to 5 mm
2. If the panel is to be finished (e.g.. coated), make sure that the panel meets the specified dimensions after
the ceating

4 min.
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