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Plateau Head Indicator, Red, 24 VDC, IP65 (oil-resistant type), Flange color: Black
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Plateau Head Indicator

Round type

Red

Transparent

LED

24VDC

24VDC+5%

15 mA

Connector

Malfunction: 10 to 55 Hz, 1.5 mm double
amplitude (malfunction: 1 ms max.)

Malfunction: 300 m/s” max. (malfunction time is 1
ms max.)

Operating: -20 to 55 °C
Storage: -40to 70 °C

Operating: 35to 85 %
Storage: 35t0 85%

IP65 oil-resistant type

Approx.30 g

Dimensions BEREET | 2024/07/25
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Connector B10B-PASK (JST)

Terminal TMo.

Directionality display
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