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Front Mounting Socket, 8-pin, Push-In Plus Terminal Block, without release levers
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Front connecting

8 pin

10 A (Ambient temperature: 55 °C max.)

-40to70°C

5t085%

1000 MQ min. (at 500 VDC)

Between contact terminals of different polarity: 2000 VAC 1 min
Between contact terminals of same polarity: 2000 VAC 1 min
Between coil and contact terminals: 2000 VAC 1 min

Push-In Plus Terminal Block

DIN track mounting
Screw mounting

Approx. 65 g

Label: X\W5Z-P4.0LB1

Mounting track: PFP-100N, PFP-50N
End Plate: PFP-M

Spacer: PFP-S
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