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AC Axial Fans, Plastic blades type, 80 x 80 mm), Frame thickness 38 mm, Low speed, Terminal type, 115 VAC
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Ratings/Performance

Dimensions
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Single-phase shading coil induction motor (2-pole, open type)

Low speed

80x80xt38 mm

115VAC

85% to 110% of rated voltage

50 Hz: 0.080 A
60 Hz: 0.070 A

50Hz TW
60 Hzz6 W

50 Hz: 2200 r/min
60 Hz: 2500 r/min

50 Hz: 0.6 m*/min
60 Hz: 0.7 m*/min

50 Hz: 25.0 Pa
60 Hz: 32.0 Pa

50 Hz: 26 dB
60 Hz: 29 dB

Impedance protection

Operating: -30 to 70 °C (with no icing)
Storage: -40 to 85 °C (with no icing)

Operating: 25 to 85 %

|IEC class B (130 °C)
UL class A (105 °C)
CSAclass A (105 °C)

Between all power supply connections and uncharged metal parts: 100 MQ
min. (at 500 VDC)

Frame: Aluminum diecast
Blades: Glass polycarbonate

Ball bearing

Approx.280 g
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Eight, 4.3 dia.
Screw hole for grounding

71.5+03 / 5.8

= - 8005 i M4 screw: 0.7 pitch

Terminal shape

@ | Q— A
L— 71.5:03 —J 3:03 —rL *L.._ 3:03
+—— 8005 ——— 3805
8 2.8
N = 777
Direction of rotation Direction of flow Faston #110 terminal

(or equivalent)

Panel Cutouts

Outlet Inlet
71.5+0.2 Four, 4.5 dia. 71.5:03 Four, 4.5 dia.
|
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90 dia.
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R87F-A[ |A85
Bl Flow Rate and Static Pressure Characteristics (Reference Values)
RETF-AAB5LP
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