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AC Axial Fans, Metal blades type, 120 x 120 mm), Frame thickness 38 mm, High speed, Terminal type, 100 VAC
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Ratings/Performance

Dimensions
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EEREHT 1 2024/08/08

Single-phase shading coil induction motor (2-pole, open type)

High speed

120 x 120 x t38 mm

100 VAC

85% to 110% of rated voltage

50 Hz: 0.240 A
60 Hz: 0.210 A

50Hz: 17T W
60 Hz: 16 W

50 Hz: 2700 r/min
60 Hz: 3100 r/min

50 Hz: 2.6 m%/min
60 Hz: 2.9 m*/min

50 Hz: 80 Pa
60 Hz: 62 Pa

50 Hz:42dB
60 Hz: 46 dB

Impedance protection

Operating: -20 to 70 °C (with no icing)
Storage: -40 to 85 °C (with no icing)

Operating: 25 to 85 %

|IEC class B (130 °C)
cULus class B (130 °C)

Between all power supply connections and uncharged metal parts: 100 MQ
min. (at 500 VDC)

Frame: Aluminum diecast
Blades: Steel plate (Black coating)

Ball bearing

Approx. 540 g
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