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1S Series AC Servo Drive with Built-in EtherCAT Communications, Safety Functionality, Advance/Communications type, Rated
output: 1 kw, Power Supply voltage: 400 VAC
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AC Servo Drive, EtherCAT Compatible Servo Drives

Three-phase 380 to 480 VAC (323 to 504 V) 50/60 Hz (Main circuit)

24VDC (21.6 to 26.4 V) (Control circuit)

3.1A

4.1 A(rms)

9.6 A(rms)

56.0 W (Main circuit)

22.4 W (Control circuit)

Position control;Speed control;Torque control

1000 W max.

R88A-PD4015

0to55°C

90% max. (with no condensation)

-20to65°C

90% max. (with no condensation)

10 to 60 Hz, Acceleration of 5.88 m/s” max. (Not to be run continuously at a resonance point)

0.5 MQ min. (at 500 VDC)(Between power supply terminals/power line terminals and PE)

1,500 VAC for 1 min 50/60 Hz(Between power supply terminals/power line terminals and PE)

IP20 (Built into IP54 panel)

110 mm

180 mm
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225 mm

Approx. 4.2 kg(Main Unit)
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1S Series AC Servo Drive with Built-in EtherCAT Communications
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External Regeneration Resistors

R88A-RR30033
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