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DC Axial Fans, Plastic blades type, 120 x 120 mm, Frame thickness: 38 mm), High speed, Lead-wire type, Finger Guard x 2

included
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Brushless DC motor

High speed

120 x 120 x t38 mm

24VDC

204to276V

05A

12w

3600 r/min

3.88 m®/min

135Pa

49dB

Restraint burnout protection (Current blocking function)
Power supply lead wire reverse polarity protection

Operating: -20 to 70 °C (with no icing)
Storage: -30 to 70 °C (with no icing)

Operating: 20 to 85 %

Class E (UL class A)

Between lead wire conductor and frame: 10 MQ min. (at 500 VDC)

Frame: PBT/ABS alloy (UL94V-0)
Blades: PPHOX (UL94V-1)

Ball bearing

Finger guard x 2, M4 screws, Nut Set

Approx.330 g

Dimensions ISR T © 2024/08/08
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Panel Cutouis

Eight, 4.3:03 dia.
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