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Switch Mode Power Supply, Capacity 480 W, Rated input voltage 380 to 480 VACOutput voltage 24 V
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480 W
24VDC

90 % min., 94 % typ. (at three-phase 380 VAC
input)

94 % typ. (at two-phase 380 VAC input)

90 % min., 94 % typ. (Three-phase 400 VAC input)
94 % typ. (Two-phase 400 VAC input)

89 % min., 94 % typ. (at three-phase 480 VAC
input)

94 % typ. (at two-phase 480 VAC input)

380 to 480 VAC (Three-phase / two-phase)

320to 576 VAC (Three-phase / two-phase)
450to 810VDC

50/60Hz (47 to 63 Hz)

0.90 A max., 0.83 A typ. (at three-phase 380 VAC
input)

1.7 Amax., 1.6 Atyp. (at two-phase 380 VAC input)
0.90 A max., 0.79 A typ. (Three-phase 400 VAC
input)

1.6 Amax., 1.5 A typ. (Two-phase 400 VAC input)
0.75 Amax., 0.67 A typ. (at three-phase 480 VAC
input)

1.3Amax., 1.2 Atyp. (at two-phase 480 VAC input)

0.9 min.

3.5 mA max. (Three-phase 400 VAC input)
3.5 mA max.

3.3 Atyp. (Three-phase 400 VAC input)

20A

24t029.5V (With V.ADJ)

30A

80 mV(p-p) max.

0.5 % max.

1.5% max.

0.05 %/°C max.

1000 ms max. (Three-phase 400 VAC input)

16 ms min., 25 ms typ. (Three-phase 400 VAC
input)

Yes (151 to 175% of rated current, voltage drop,
intermittent operation, automatic reset.)
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Yes, 130% or higher of rated output voltage,
power shut off (shut off the input voltage and turn
on the input again)

No

Yes (Up to 2 Power Supplies with external diode)

Yes (Up to 2 Power Supplies)

Yes

Between all input terminals and all output
terminals, all signal terminals: 3 kVAC for 1 min,
Cut-off current: 20 mA

Between all input terminals and PE terminals: 2.5
kVAC for 1 min, Cut-off current: 20 mA

Between all output terminals/all signal output
terminals and PE terminals: 1 kVAC for 1 min, Cut-
off current: 30 mA

Between all output terminals and all single
output terminals: 0.5 kVAC for 1 min, Cut-off
current: 10 mA

(Between all output terminals, signal output
terminals and all input terminals /PE terminals):
100 MQ min., at 500 VDC

10to 55 Hz, 5 G max., 0.42 mm single amplitude in
each 3 directions for 2 hours

294 m/s’, 3 times each in 6 directions

3000 m max.

-40to 70°C

-40 to 85 °C (with no freezing or condensation)

95 9%RH max.

95 9%RH max.

135,000 hours min.

10 years min. (at rated input, a load rate of 50%
load, under the temperature of 40 °C max.,
standard mounting)

Covered type

Terminal blocks

Push-In Plus Terminal Block

DIN track mounting

Yes

Cooling fan No

1P20, EN/IEC 60529

1200 g max.
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Note

Do not use the Inverter output for the Power Supply. Inverters with an output frequency of 50/60 Hz are available,
but therise in the internal temperature of the Power Supply may result in ignition or burning.
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Mounting {EHREE 1 2025/11/04
Mounting state
(A) FREEERD T (B) EmmZ=Eb T (C) EEmEFEOAHT
Standard mounting Face-up mounting Front, Side-by-sidemounting

* 1. RO

Convection of air
*2. ETEMR23mmEL E

Vertical separation: 23 mm or more
* 3. AR 15mmEL E (RO i7)

4 R 1 5mm R (1E & RO 1)
Horizontal separation:15 mm or more
(Standard mounting)

Horizontal separation-Less than 15 mm
(Front, side-by-sidemounting)
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Connection diagram
Block diagram
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Deratl ng curve IBEREHT 1 2025/11/04
480 W <Horizontal separation: 15 mm or more>
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Ambient operating temperature (°C)
Note: 1. Atmore than 528 VAC three-phase, derate the load at 0.5%/V.
2. Atless than 380 VAC two-phase or at more than 528 VAC
two-phase, derate the load at 0.5%/V.
. At more than 746 VDC, derate the load at 0.5%/V.
pmm=

w.-! Inthe shaded area, time is required to reach the rated output
voltage after the input voltage is applied.

A. Standard mounting, B. Face-up mounting

= W

240 W/480 W/960 W <Horizontal separation: less than 15 mm>
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240 W/480 W/960 W <Horizontal separation: less than 15 mm>
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Note: 1. Apply the rated input voltage for both three-phase and two-
phase.
2. L. Inthe shaded area, time is required to reach the rated output
voltage after the input voltage is applied.

C. Front, side-by-side mounting

This Power Supply can be used at an altitude of up to 3,000 m.
Between 2,000 and 3,000 m, derate the load according to the following derating curve.

240 W/480 W/960 W <Horizontal separation: 15 mm or more> 240 W/480 W/960 W <Horizontal separation: less than 15 mm>

£ 120 3 120
2 — 100% o — 100%
@ o
< 100 - N 7 10 = | 85%
- A R 90% g -1, / b

87________.____._. I ., 75%

80 = 80

=~ —
78 65%
\
60 80

== mmm 35°C max

40— 40 |—— mm=== 40°C
----- 60°C
55°C
20|~ == 85C 20
— 70°C
| | |
O0 500 1,000 1,500 2,000 2,500 3,000 3,500 O0 500 1,000 1,500 2,000 2,500 3,000 3,500
Altitude (m) Altitude (m)
Note: 1. Atmore than 528 VAC three-phase, derate the load at 0.5%/V. Note: Apply the rated input voltage for both three-phase and two-
2. Atless than 380 VAC two-phase or at more than 528 VAC phase.

two-phase, derate the load at 0.5%/V.
3. At more than 746 VDC, derate the load at 0.5%/V.

A. Standard mounting C. Front, side-by-side mounting
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