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Voltage Sensor, Detection element Over voltage/Under voltage, Single-function, Operating value setting range 4 to 240 mV,

Control power supply voltage 100/110 VAC
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EEREHT 1 2025/09/25

Entire value 4 to 240 mV DC
4t0 12 mV DC10 to 30 mVDC20 to 60 mV DC40 to 120 mV DC80 to 240 mV DC

Resistive load 5 A at 220 VAC5 A at 24 VDC
Inductive load 2 A at 220 VAC (cos®=0.4)2 A at 24 VDC (L/R=7 ms)

01040 °C: £2% (range of 4 to 12 mV: £4%)
-10 to +55 °C: £4% (range of 4 to 12 mV: £8%)

0.5s max.

Between the entire electric circuits and outer
housing, Between input terminal and power
supply terminal: 10 MQ min. (at 500 VDC)

Between the entire electric circuits and outer
housing, Between input terminal and power
supply terminal: 2,000 VAC for 1 minute

-10to 55°C

Destruction: 10 to 25 Hz, 2 mm double amplitude,
2 hours eachin X, Y and Z directions

Malfunction: 16.7 Hz, 1 mm double amplitude
eachin X, Y, and Z directions for 10 min

Destruction: 294 m/s?, 3 times each in X, Y and Z
directions

Malfunction: 98 m/s’, 3 times each in X, Y and Z
directions

60 mm

91 mm

100 mm

Approx.290 g
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