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Flat Inductive Proximity Sensor, Sensing distance: 5 mm, Unshielded, DC 2-wire, NC, Cable length 5 m
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18 mm x 10 mm x30.5 mm

Square type, Unshielded

DC 2-wire models

5mm +=10%

0to4 mm

109% max. of sensing distance

Ferrous metal (Sensitivity lowers with non-ferrous metals.)

[ron 18 x 18 x 1 mm

500 Hz (Average value)

12 to 24 VDC ripple (p-p) 10% max.

10to 30 VDC

0.8 mA max.

3to 100 mA

Operation indicator (red)

NC

Output short-cut protection
Surge suppressor

-25t070°C

-25t070°C

35t095 %

35t095%

+10% max. of sensing distance at 23 °C in the temperature range of -25 to 70
°C

+2.5% max. of sensing distance at rated voltage in the rated voltage +15%
range

Between charged parts and the case: 50 MQ min. at 500 VDC

Between charged parts and the case: 1,000 VAC 50/60 Hz 1 min

Destruction: 10 to 55 Hz, 1.5 mm double amplitude each in X, Y, and Z
directions for2 h
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Destruction: 500 m/s” 3 times each in X, Y and Z directions

IEC: IP6T
Company standard: Oil-proof

Pre-wired models (5 m)

Case: Heat-resistant ABS resin
Sensing surface: Heat-resistant ABS resin

Instruction manual
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Dimensions

TL-WaMBLI
TL-W5SMCLI
TL-WaMDLI

Indicator *2 |+E-

i e
10 i i _ T Jes 75 8
“1. TL-WEMBLUTL-WSMCL]
4-dia. vinyl-insulated round cable with 3
conductors (Conductor cross saction: 0.2 mm?,
Insulator diameatear: 1.2 mm), Standard langth: 2 m
TL-W5EMDC
4dia. vinyl-insulated round cable with 2
conductors (Conductor cross saction: 0.3 mm?,
Insulation diamatar: 1.3 mm), Standard length: 2 m
2. B'C Models: Detection indicator (red)

D Models: Operation indicator (red),
Sefting indicator (green)
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Output circuit IEHRE ¢ 2004/08/08
Output circuit
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Mote: The load can be connected to either
the +V or 0 V side.

Timing chart
Operation mode Timing Chart
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Mutual interference

Mutual interference

T

A: 120 mm min., B: 60 mm min.
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Effects of surrounding metals
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Effects of surrounding metals

Metal on a Single Side Metals on Both Sides and
(Not exceeding the height in Front of the Sensor

of the Sensor surface) . o
Z77777 b

Sensing

i

m Sensing surface

%
_~ '{; | aurl'nnE n | | %
7% Proximity Proximity %
f Sens Sensor e
7. ensor enso é

T 0

[: 5mm min., m: 0 mm min., n: 20 mm min.
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Sensing range
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