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Multicode Reader, Ethernet TCP/IP and EtherNet/IP compatible, Autofocus, Narrow field of view (16 mm focal length lens), 1.2
MP, Monochrome sensor, Standard Light (Outer LEDs: red), Software license: X-mode
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X-Mode (advanced 1D+2D+DPM)

12MP

Red LED

TRUE

40-150 mm

IP65/IP6T

PNP

Ethernet TCP/IP<br>EtherNet/IP<br>PROFINET Slave<br>Serial RS-232C
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