OMRON

Two-circuit Limit Switch

WLCA12-2-N




Two-circuit Limit Switch
WLCA12-2-N https://www.fa.omron.co.jp/product/item/WLCA12-2-N/en/

E ey

Two-circuit Limit Switch, Adjustable roller lever (R25 to 89), Pretravel (PT): 2515 °, Conduit size: G1/2 (without ground terminal)
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