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Round Water-resistant Connector (M12 Threads), Socket Assemblies, For AC, Right-angle, Suitable cable: 6 dia., Crimping
connection
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Water-resistant Connectors

for AC

4 pole

Socket

Right-angle

M12 Threads

250 VAC

4A

40 mQ max. (20 mV max, 100 mA max.)

5to 6 mm dia.

-25t070°C

20t0 85%

1000 MQ min. (at 500 VDC)

1,500 VAC 1 min (Leakage current 1mA max.)

IP67

XS2
XS5

Crimp

Pin block: PBT resin

Cover: PBT resin

Contact: Copper alloy (gold plating)
Fixture: Copper alloy (Nickel platin)
O-ring: Rubber parts

200 time

Dimensions BRER © 2024/07/25
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