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Ratings/Performance
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SEREHT 1 2024/07/25

Water-resistant Connectors

for DC

8 pole

Socket

Straight

M12 Threads

36VDC

15A

40 mQ max. (20 mV max, 100 mA max.)

Standard PVC cable

6 mm dia.

8 cores

2m

-25t070°C

1000 MQ min. (at 500 VDC)

1,000 VAC 1 min (Leakage current ImA max.)

IP67

Pin block: PBT resin

Cover: Soft PBT resin
Contact: Brass (gold plating)
Fixture: Brass (nickel plated)
O-ring: Rubber parts

Body: Brass (nickel plated)
Nut: Brass (nickel plated)

200 [2] min.
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