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Round Water-resistant Connector (M12 Threads), Panel-mounting Plug, 8 poles, Solder cup pin
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Water-resistant Connectors

for DC

8 pole

Plug

M12 Threads

36VDC

15A

40 mQ max. (20 mV max, 100 mA max.)

-25t070°C

1000 MQ min. (at 500 VDC)

1,000 VAC 1 min (Leakage current ImA max.)

P67

Pin block: PBT resin
Contact: Brass (gold plating)
Fixture: Brass (nickel plated)
Body: Brass (nickel plated)
Nut: Brass (nickel plated)

200 [2] min.

Dimensions HEIREH © 2024/07/25
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