OMRON

Round Water-resistant Connectors (M12 Threads)

XS2W-D521-GG1-A




Round Water-resistant Connectors (M12 Threads)
XS2W-D521-GG1-A https://www.fa.omron.co.jp/product/item/XS2W-D521-GG1-A/en/

E ey

Round Water-resistant Connectors (M12 Threads), Connectors with cables, socket and plug on both cable ends, For DC, 5 poles,
Gold plating, Straight (socket)/Straight (plug), Connections: MWBrown/@White/@Blue/@Black/®Gray, Standard cable, 5m
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Water-resistant Connectors

for DC

4 pole

Plug/socket

M12 Threads

250VDC

4A

40 mQ max. (20 mV max, 100 mA max.)

6 mm dia.

5m

-25t070°C

1000 MQ min. (at 500 VDC)

1,000 VAC 1 min (Leakage current 1mA max.)

IPE7

Copperalloy (gold plating)(Contact)<br>Copper alloy (nickel plated)(Thread bracket)<br=PBT
resin(Cover)<br>PBT resin(Pin block)<br>Rubber parts(O-ring)

200 time
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