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Round Water-resistant Connector, Socket on One Cable End, M8 Screw-on, Straight, 4 poles, Standard cable, 2 m
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Water-resistant Connectors

4 pole

Socket

Straight

M8 Screw-on

125VDC

1ADC

40 mQ max. (20 mV max, 100 mA max.)

Standard cable

4 mm dia.

4 cores

2m

-25t070°C

20t085%

1000 MQ min. (at 500 VDC)

1,000 VAC 1 min (Leakage current ImA max.)

IP67

XS3M (M8/S8)
XS3H (M8)
XS3W (M8)

Pin block: PBT resin

Contact: Phosphor bronze/nickel base (gold
plating)

Fixture: Brass/nickel plating or SUS316L
O-ring: Rubber parts

Cover: Soft PBT resin
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